Universal Joints

ltem (UPC) Numbers And Quick Delivery Standards—"“D” Series

Item Selection

[ JOINT SIZE i L T L) ] ] 7 L 0 i i) 3 AL
“P” Dimension 0.25 031 0.38 0.44 050 0.56 0.56 0.56 0.63 0.75 0.75 7.00 138 |
Set Screw Size 6-32 6-32 6-32 8-32 8-32 10-24 10-24 1/4-20 1/4-20 5/16-18 5/16-18  3/8-16 3/8-16
Pin Hole 065/067  097/093 097093  .120/.124  160/155 | 160/.155 192185  .192.185  256/247  256/.247 | -319/306 3B3/.370 5107403
Unassemb (Solid) UJ 15672 15685 15741 5767 15792 15834 15664 15913 15972 16016 16065 16113 16146

BORE KWY
Solid = 15661° 156747 15718 15744 15774 15809 15841 15866 15919* 15981 16019° 16072* 16117
116 No kwy 56704 56706 A A A A A A
1/8 No kwy 56705 56707 56708 A A A A A .
316 No kwy 16226 46322 56709 56710 A A A A A "
1/4 No kwy A 16235 47532 56711 56713 A A A A
5116 No kwy A 16259 47815 56714 56716 A A A
8 NG kwy A A 16280" 56715 55618 56718 A A A =
38 1/8 x 1116 A 49452 56849 56850 56851 A A A i
76 No kwy A 56712 16346* 56717 56719 A A A
12 No kwy A A 44765 16363 51881 56721 A A "
112 1/8x 116 N/A 4547 44126* 48598 56722 A A
L] o kwy [ [ 76915 16437 56723 A A LY
916 1/8 x 1/16 N/A N/A A 56720 56724 A A A
5/8 Nokwy | L. . A A A 45190 16479 56727 A A
5/8 MexyR | . N/A N/A N/A 44286 45304 49202 A A
1116 No kwy A A A 56725 56728 A A A
11716 exy2 [ . N/A N/A N/A 56726 56729 A A A
3/4 Nokwy | ... .. A A A 16595 44264 A A
34 ex9k2 | L. NA N/A A 44055 56732 A A
13/16 Nokwy | .. A A 56730 56733 A A
13/16 316 x 3/32 e - - N/A N/A 56731 56734 A A
[ 78 fokwy | .. A A A 16698° 56737 A A
718 3/16 x 3/32 NIA N/A A 44312 56738 A A
15/16 Nokwy | .., A A 56735 56739 A A
15/16 IZE 5 I - e N/A N/A 56736 56740 A A
1 No kwy 3 A A A 16753 51252 A
1 1/4x 18 N/A N/A A 44398" 51340 A
1-116 Nokwy | wie e e b e A A 56741 56743 A
1-116 /4% 18 N/A N/A 56742 56744 A
1-1/8 Nokwy || mm e e a0 e | s A A A 50076 A
1-1/8 1/4x 18 ST R R ™~ 2 | R R N/A N/A A 56745 A
7376 Wowy [T & = Emr . e wsm | = = e e A A 56279 A
1-3/16 x| N/A A 56746 A
1-1/4 No kwy . A A 16841 471489
1-1/4 14 x1/8 N/A N/A 44603 56750
1-5/16 Nokwy | . S A 47845 56751
15716 5776 X 5132 o = N/A 56747 56752
1-3/8 No kwy e IR A 56748 56753
1-3/8 sfexs2 | . . L & N/A 56749 56754
17/18 Nokwy | e e " A 44383 56260
17118 38 x3/16 e N/A 46665 56755
-2 Ro®wy | aw | e e e el = A A 16933°
1-1/2 3/8 x 3/16 @ N/A A 50265
1-916 Nokwy | . rriT oy E -1 A 56756
1916 IBx36 | A % N/A 56757
1-5/8 Nokwy I wss wmme mien A A 56758
1578 SBXHOC | e e Sk wm o we | mw we @ N/A 56759
3 1146 Nokwy | L. A 56760
i-1116  3/8x3/16 - - N/A 56761
1-3/4 No kwy - A A
1-3/4 3/8 x 3/16 N/A A
1-13716 Nokwy = ma A
11316 1/2x1/4 . A
1-7/8 No kwy A
1-7/8 12 x1/4 N/A
1-15/16 Nokwy | . e e A
TI5A6 12x 4 WA
2 No kwy A
2 12 x 114 wae || s s N/A
Notes: 1. *indicates standard stock item. ("D” type only for bore and keyway.)

2. Shaded blocks indicate that it qualifies for quick delivery program.
3. Aindicates available but extended lead time. N/A indicates not available.
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